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Comment Pattern Quantity Components

0.1u Y_C_1005 2 C3, C35
0.1uF C_0603 2 C37, C38 Capacitor
0R01 0.01%R_0805 1 R23
0u1 C_0603 3 C29, C32, C33Capacitor
100K  1% R_0603 2 R29, R30
100K Y_R_1005 3 R2, R4, R17
100nF Y_C_1005 6 C6, C7, C8, C11, C13, C14
100nF Y_C_1608 1 C28
10K  0.05%R_0805 1 R19
10K PR4_0603 2 RP1, RP2
10K Y_R_1608 1 R21
10pF C_0603 2 C30, C31 Capacitor
10R  0.05%R_1206 1 R20
10uF C_0603 3 C5, C12, C36Capacitor
10uF C_0805 1 C9 Capacitor
10uF Y_C_1608 1 C1
10uH L0603 1 L1
12pF Y_C_1005 5 C19, C24, C25, C26, C27
1K  0.05%R_0603 2 R31, R32
1nF Y_C_1005 1 C10
1pF Y_C_1005 3 C17, C18, C20
1uF C_0603 1 C22 Capacitor
1uF Y_C_1005 2 C21, C23
2.2K Y_R_1608 1 R22
2.4nH Y_FB_1005 1 I1
2.7nH Y_FB_1005 1 I5
220pF C_0603 2 C39, C40 Capacitor

2302 SOT23 1 Q2
24M Y_XO_2520 1 X1

270 R_0603 2 R1, R3
270R R_0603 3 R16, R24, R33
2K2  0.05%R_0603 2 R26, R28
2nH Y_FB_1005 2 I2, I3
32.768K 3215 1 X2 Crystal Oscillator
47uF C_0805 3 C4, C16, C34Capacitor
6.2nH Y_FB_1005 1 I4
6.8pF Y_C_1005 1 C15
6K8  0.05%R_0603 2 R25, R27
ADS1247 TSSOP20 1 U1
ANTENNA_IIFAANTENNA_IIFA 1 E2 PCB Antenna.  There is nothing to buy or mount.
BL8572 SOT23-5 1 U9
CC2640F128RHBRQFN32 1 U8
CON2 pwr2 1 J2 Connector
CON3 switch 1 K1 Connector
EBEEP BEEP8 1 BEEP1 Electrolytic Capacitor
FB Y_FB_1005 1 B1



FB Y_FB_1608 2 B2, B3
JTAG SIP5_2 1 J5 Connector
LED LED3 2 L2, L3
LMV321AS5XSOT23-5AL 1 U12 2.7V GP Opamp
M7 SOD123 2 D1, D2 Diode
MAX4239AUTSOT-23-CH6_N 2 U10, U11 170 uA, 2 MHz Rail-to-Rail Operational Amplifier, 6-Pin SOT-23, Extended Temperature, Tape and Reel
MCP1702 SOT23 1 U5
MINIUSB MICROUSBEX 1 J1
mRELAY Y_RELAY_10P 1 RELAY2
SK2301 SOT23 1 Q1
ULN2003A SO16 1 U6
uRELAY Y_RELAY_10P 1 RELAY1



PCB Antenna.  There is nothing to buy or mount.



170 uA, 2 MHz Rail-to-Rail Operational Amplifier, 6-Pin SOT-23, Extended Temperature, Tape and Reel


