
ID Name DesignatorFootprint Quantity Manufacturer PartManufacturerSupplier Supplier Part
1 0.1u C1,C2,C2,C3,C3,C4,C4,C5,C6,C9,C19,C20,C21,C22,C25,C26,C10,C12,C13,C14,C15,C16,C17,C18,C20,C22,C24,C25,C28,C29,C30,C35,C39,C40,C42,C43,C44,C45,C17,C18,C36,C37,C19,C34,C38,C41,C30,C33CAP_0402 48
2 0.1u C1,C8,C11,C5,C7,C8,C13,C15,C16CAP_0603 9
3 0.1u C6,C11,C14,C230603-CAP 4
4 2.2u C7 CAP_0402 1
5 1u C9,C12 CAP_0603 2
6 2.2u C10 CAP_0603 1
7 22u C21,C27 CAP_0402 2
8 104 C23,CC1,CC2,CC3,CC4CAP_0402 5
9 4.7uF C24 CAP_0603 1

10 0.22uF C26 CAP_0402 1
11 10uF C27,C28,C31CAP_0603 3
12 0.1uF C29 CAP_0603 1
13 10uF C32 CAP_0402 1
14 0.01u C32 CAP_0402 1
15 0.1uF C33 CAP_0402 1
16 CH340E CH1,USB_UART1MSOP-10_L3.0-W3.0-P0.50-LS5.0-BL2 CH340E WCH LCSC C99652
17 LED_0402 D1,D2,D4,D5,D7,D8LED_0402_RED 6
18 LED_0603 D1,D13,D14,D15,D16LED_0402_RED 5
19 color? D2,D3,D8,D10LED_0402_RED 4
20 SP0503BAHTGD3 SOT-143_L2.9-W1.3-P1.92-LS2.3-BR1 SP0503BAHTGLittelfuse LCSC C7074
21 0402ESDA-05ND4,D5,D6 D0402-BI 3 0402ESDA-05NBourne Semicon (Shenzhen)LCSC C316049
22 1N4148 D6,D7 SOD-323 2
23 BAT760 D9 SOD-323_L1.8-W1.3-LS2.5-RD1 BAT760 SK LCSC C116158
24 WHITE D11,D12,D17LED_0402_RED 3
25 DWM1000 DWM1,DWM1DWM1000 2
26 ButtonTACTKEY1 SW-SMD_TSA245G00D-2501
27 KH-3216-A35L1,L2 ANT-SMD-2_L3.2-W1.6-C5040022 KH-3216-A35kinghelm(金航标)LCSC C504002
28 22uH L1,L3 IND_0603 2
29 TBD L2,L3 IND_0402 2
30 S9013 Q1,Q1,Q2 SOT23-3 3
31 FDN340P Q3 SOT23-3 1 FDN340P FAIRCHILDLCSC C75469
32 10K R1,R1,R5,R5,R6,R14,R41,R7,R12,R14,R15,R25,R29,R30,R53,R54RES_0402 16
33 Res_0603 R2,R2,R3,R4,R16,R17,R19,R20RES_0402 8
34 680R R3,R7,R8 RES_0402 3
35 0 R4,R13,R15,R33,R42,R52RES_0402 6
36 22R R6,R8,R27,R28,R34,R40,R9,R10,R35,R49,R50RES_0402 11
37 100R R9,R10,R12,R13RES_0402 4
38 22R R11,R37 RES_0603 2
39 10 R11,R24,R24RES_0402 3
40 1K R16,R17,R43,R44,R51,R26,R45,R46,R47,R48RES_0402 10
41 1M R18,R19,R38RES_0402 3
42 10k R18,R20,R21,R22,R23,R26,R27RES_0402 7
43 2.2K R21,R22,R28RES_0402 3
44 1k R23,R25 RES_0402 2
45 4.7k R31,R32 RES_0402 2
46 100k R36 RES_0402 1
47 2M R39 RES_0402 1
48 SPDT 3P S1 SWITCHSPDT_2.8X6.6_901
49 TSA245G00D-250SW1,SW2,SW3,SW4,SW5SW-SMD_TSA245G00D-2505 TSA245G00D-250BRIGHT LCSC C354944
50 RT9013-33GBU1,U1,U2,U2,U10SOT23-5 5
51 ESP32_SIP U3,U11 QFN-48_7X7 2
52 MPU9250 U3 MPU9250 1
53 BMI160 U4 LGA-14_L3.0-W2.5-P0.50-BL1 BMI160 Bosch LCSC C94021
54 震动马达 U4,U5 MOTOR 2
55 1.8-TFT-TouchU5 1.8-TFT-TOUCH 1
56 R-ME2188C50M5GU6,U8 SOT23-5 2 ME2188C50M5GNanjing Micro One ElecLCSC C236768
57 HMC5983 U6 PLCC16-0.5-3X3MM1



58 NS2009 U7 MSOP-10 1 NS2009 Shenzhen Nsiway TechLCSC C219024
59 TP4054 U9 SOT23-5 1 TP4054 UMW(Youtai Semiconductor Co., Ltd.)LCSC C668215
60 USB_Plug_TypeAUSB1 USB_PLUG_TYPEA 1
61 Type-C USB1 TYPE-C-TOP 1
62 micro USBFemaleUSB2 MICRO-USB-SMD_5P-P0.65-H-F_C104181 micro USBFemaleValuePro LCSC C10418
63 8MHz X1,X1 OSC-SMD_3P-L3.2-W1.3-P1.2-L2 CSTCE8M00G52-R0MuRata LCSC C22549
64 STM32F411CSTM1 QFN_P0.5_48 1
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